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AWARNING

CANCER AND REPRODUCTIVE HARM
www.P65Warnings.ca.gov.

(000393a)

A WARNING

Breathing diesel engine exhaust exposes you

to chemicals known to the State of California

to cause cancer and birth defects or other

reproductive harm.

* Always start and operate the engine in a
well-ventilated area.

« If in an enclosed area, vent the exhaust to
the outside.

* Do not modify or tamper with the exhaust
system.

* Do not idle the engine except as necessary.

For more information go to

www.P65Warnings.ca.gov/diesel. (000394)




Introduction

This parts manual was prepared based on the information available at the time of publication and is subject to change
without notice. Generac Mobile reserves the right to change parts at any time. To check whether a revised parts
manual is available, contact Generac Mobile.

DO NOT MODIFY or use this equipment for any application other than which it was designed for. To keep your
equipment fully operational, it is suggested you maintain a stock of commonly used maintenance or service parts.
A recommended spare parts list can be found in the back of this manual. To order service parts, please go to
www.generacmobilepoducts.com or call Generac Mobile.

[ED] AWARNING

Consult Manual. Read and understand manual
completely before using product. Failure to
completely understand manual and product
could result in death or serious injury. (000100a)

AWARNING

Environmental Hazard. Always recycle batteries at an
official recycling center in accordance with all local

laws and regulations. Failure to do so could result in
environmental damage, death, or serious injury. (000228)

GENERAC MOBILE PRODUCTS LLC

215 Power Drive ¢ Berlin, WI 54923 U.S.A.
Phone: 920-361-4442
FAX: 920-361-4416
Toll Free: 1-800-926-9768
www.generacmobileproducts.com

For technical or parts QUESTIONS, contact Generac Mobile Technical Service at 1-800-926-9768.

Engine Make:
Engine Serial Number:
Engine Model Number:
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Parts Manual Instructions

Product illustrations are only representations. Products supplied may vary from the illustrations in this parts manual.

Parts not shown in the illustration are indicated by a double dash (--) in the item column.

Please be prepared to provide the following information when ordering replacement parts: model number, serial

number (on unit serial tag), part number, purchase order number (if applicable), shipping address, shipping method.

Referto the illustration below to locate the unit ID tag and Vehicle Identification Number (VIN) tag on the unit. Important
information, such as the unit serial number, model number, VIN and tire loading information are found on these tags.

Record the information from these tags so it is available if the tags are lost or damaged. When ordering parts or

requesting assistance, you may be asked to provide this information.

AOSHROREK0 |
RXXXXXKXAX
G 0000.0.0.0.0

Unit ID Tag

Manufactured by Generac Mobile Products LLC

oo XXX000
nre TRAILER

1+-00000000000000000

il
il

K
K|
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UNIT DECALS - EXTERIOR

0
WA
%%
!

o
Vi

Ko
(AURIA
IR
0B
RORKODOX
RO
AORRRRRAS
RO
KRR
PP CONONRX

«8

“6

<4

(Gallons)

2

GASEOUSGENERATOR

1/2” NPT ENGINE
OIL DRAIN

Fuel Inlet
LP (Liquid Only)

w
]
o
=
i
s
&
z
8

COOLANT DRAIN

Min. pressure: 1.0 PSI

D
o
o
S
8
{
4
2
2
e
5
K}
=

Fuel Inlet
Natural gas + Well gas

DD
[
£
B
§8
52
8¢
aa
g+
€3
==

A DANGER
A GEFAHR
A PELIGRO
A DANGER

Combustible Gas

02732

MGG280N2 Parts Manual

A0000071709 B



UNIT DECALS - EXTERIOR

Item Part No. Qty Description Notes
1 38450 1 DECAL SET, SAFETY
2 34784 2 DECAL, GASEOUS GENERATOR
3 12142 1 DECAL, GROUND

A0000071709 B MGG280N2 Parts Manual 3



UNIT DECALS - LEFT SIDE INTERIOR

/\WARNING

4
Q)
/\WARNUNG

/NADVERTENCIA
/\AVERTISSEMENT
—_—

/\WARNING
Ic

[

Generator can automatically start
which can cause serious injury.
Disconnect battery before servicing

/\WARNUNG

Der Generator kann automatisch
anspringen und schwere Verletzungen
verursachen. Vor der Instandsetzung
die Batterieverbindungen I5sen.
/NADVERTENCIA

El generador puede arrancar
automaticamente, lo que puede causar
graves lesiones. Desconecte la ateria
antes de realizar el servicio técnico.

/N\AVERTISSEMENT

La génératrice peut démarrer
automatiquement, ce qui peut entrainer
des blessures graves. Débrancher
la batterie avant de faire l'entretien

Located on the

inside of the control door

@

/\WARNING

/\WARNUNG

/N\ADVERTENCIA

/N\AVERTISSEMENT

DA

B (B[

/\WARNING
i

[

Generator can automatically start
which can cause serious injury.
Disconnect battery before servicing

/\WARNUNG

Der Generator kann automatisch
anspringen und schwere Verletzungen

verursachen. Vor der Instandsetzung
die Batterieverbindungen I5sen.
/NADVERTENCIA

El generador puede arrancar
autométicamente, lo que puede causar
graves lesiones. Desconecte la ateria
antes de realizar el servicio técnico.

/\AVERTISSEMENT

La génératrice peut démarrer
automatiquement, ce qui peut entrainer
des blessures graves. Débrancher
la batterie avant de faire l'entretien

SIS
|V | g |g | g

‘Operator's manual must be stored on machine. Replacement
operator’s manual can be ordered through your local
Magnum distributor.

Das Benutzerhandbuch muss an der Maschine aufbewahrt
‘werden. Zur Bestellung von Ersatzhandbiichern wenden Sie
sich bitte an Ihren Magnum-Handler.

El manual del operador debe guardarse en la maquina.
Puede solicitar un manual del operador de reemplazo a través
de su distribuidor local de Magnum.

Ranger le manuel de 'utilisateur avec Fappareil. Un manuel
de rechange peut étre commandé auprés de votre distributeur

Magnum local.

BATTERY
DISCONNECT

/\WARNING

/\WARNUNG
/N\ADVERTENCIA

/N\AVERTISSEMENT
-

/\WARNING

5

L5

/\WARNUNG
/\ADVERTENCIA

/\AVERTISSEMENT
—_—

Located on the manual
holder on the other side
of the control door
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UNIT DECALS - LEFT SIDE INTERIOR

Item Part No. Qty Description Notes
1 38450 1 DECAL SET, SAFETY
2 12142 1 DECAL, GROUND

A0000071709 B MGG280N2 Parts Manual 5



UNIT DECALS - CONTROL PANEL

o
2
: s
11

:
)

@
6| o
e| |©
@
@
@
@
6| o
| |o
@

Read and understand the supplied operator's manual before
ing this machine. Failure to do so increases the risk
jury to yourself or others.

muss das
gelesen und verstanden worden sein. Ein Unterlassen erhoht das.
eigene Verletzungsrisiko und das anderer.

Leay asegiirese de comprender el manual del operador
i d esta maquina.
‘aumenta el riesgo de lesiones a usted y a otras personas.

Lire et comprendre le manuel de I'utilisateur fourni avec
Vappareil avant de Futiliser. L'omission de le faire augmente
le risque de blessure pour vous et pour les autres.

NEUTRAL (L0) BONDED TO FRAME

WeuTR0 ) conecTI0 L shsToR
POSTONNEUTI ) LORSUE PR AU CADRE

A DANGER
A GEFAHR
A PELIGRO
A DANGER

@

MAINTENANCE CHECKS

Critical Daily Checks

Veriy ailer i as level as possibe withtres blocked and jacks extende

Check tire pressure.

General

Verity radiator and exhaust areas are cloar of debris

Ensure the engine oil eservoir valve is open to allow oil o flow to the.
ofl make-up controller, See manual for more informaion.

After the engine has stopped for at least 10 minutes,

the oillevel should be at or near the top of the sight glass.
Engine topped

Engine Oil Level

While the unit s running, the level in the sight glass will
falljust below half-way on the sight glass.
Engine Ronning

BASIC MAINTENANCE SCHEDULE

'SERVICE INTERVAL (HOURS)
e Fist [ Every | 8000
oaiy | s | 750 | Hows

Hours | Hours |iannualy)

Viak Around inspecion

heck el

Inspect Radistorfor Sgns of Obsircton or amage
Tnspect Gas Piping and Hoses for Leaks and Damage
Sampie Engine 01

Ghange O Replace O Fiters-
nspoctRepiace Crankcase Veniialon Filers

Gk All Flex oses

ek and Adst Inake and Exhaust Vaive Clearance
Servica Batery

Tnspect Batiry Connecons

BEEEEE
iojojoj|ol

&|

Replace gniton Gols-

Tnspect Shutof Vale for Leaks and Closing

H
B[ (=[]
[o[ololole| [o]e|

Tnspect ExhausiGatmhst

5 reacin period, one tme.

01798
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UNIT DECALS - CONTROL PANEL

Item Part No. Qty Description Notes
1 38450 1 DECAL SET, SAFETY
2 37600 1 DECAL, MAINTENANCE

A0000071709 B MGG280N2 Parts Manual 7



UNIT DECALS - POWER PANEL
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UNIT DECALS - POWER PANEL

Item Part No. Qty Description Notes
1 38450 1 DECAL SET, SAFETY
2 12142 1 DECAL, GROUND

A0000071709 B MGG280N2 Parts Manual 9



ENCLOSURE PANELS
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ENCLOSURE PANELS

Item Part No.
Page 26
Page 40
Page 18
Page 32
Page 20
Page 22
Page 28
Page 42
Page 16
Page 16
Page 36
Page 38
Page 34
Page 38
Page 24
Page 42
Page 42

1o rPowoao©oN A WN =

Qty

B N T Y VP U N &' B @ ) S N W U U |\ IS W S Y

Description

ROOF ASSEMBLY

FRONT RISER PANEL ASSEMBLY
ENCLOSURE DOOR ASSEMBLY
LEFT AND RIGHT PANEL ASSEMBLY
RIGHT DOOR ASSEMBLY

RIGHT CENTER DOOR ASSEMBLY
POWER PANEL DOOR ASSEMBLY
REAR CORNER ASSEMBLY

UPPER PANEL ASSEMBLY

LEFT SIDE DOOR ASSEMBLY
FRONT LEFT PANEL ASSEMBLY
FRONT CORNER PANEL ASSEMBLY
FRONT CENTER PANEL ASSEMBLY
FRONT CORNER PANEL ASSEMBLY
CONTROL DOOR ASSEMBLY

REAR UPPER PANEL ASSEMBLY
REAR CORNER ASSEMBLY

Notes

A0000071709 B

MGG280N2 Parts Manual
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ROOF AND DOORS TO UNIT

Item Part No.
Page 28
EN3003A28W6B
HB6058A15L2B
EN2000A04W6B
38846
EN8000A08
EN8035G04
Page 24
EN3003A53W6B
Page 16
EH0440A04W6B
Page 18
Page 26
Page 20
Page 22

N RN NO OGN WN

Description Notes
ASSEMBLY, POWER PANEL DOOR
FRAME, CONTROL/POWER PANEL DOOR
STRIKER, DOOR LATCH

PANEL, RISER W/CABLE ACCESS
WEATHERSTRIP, CABLE ENTRY - EPDM
MOUNTING STRIP, WEATHERSTRIP
GUARD, FINGER - GLASTIC

ASSEMBLY, CONTROL DOOR

FRAME, LEFT AND RIGHT DOOR
ASSEMBLY, LEFT SIDE DOOR

FRAME, ENCLOSURE DOOR

ASSEMBLY, ENCLOSURE DOOR
ASSEMBLY, ROOF

ASSEMBLY, RIGHT DOOR

ASSEMBLY, RIGHT CENTER DOOR

A0000071709 B

MGG280N2 Parts Manual 13



UPPER AND REAR PANELS TO UNIT
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UPPER AND REAR PANELS TO UNIT

Item
1

2
3
4
5

Part No.
Page 16
EN8000A21
Page 42
Page 42
Page 42

Qty

_ a a0 OO

Description

ASSEMBLY, UPPER PANEL

FLAT, DOOR 72.00

ASSEMBLY, REAR CORNER - RIGHT
ASSEMBLY, UPPER REAR - TOP
ASSEMBLY, REAR CORNER - LEFT

Notes

A0000071709 B

MGG280N2 Parts Manual
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LEFT SIDE DOOR AND UPPER PANEL ASSEMBLY
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LEFT SIDE DOOR AND UPPER PANEL ASSEMBLY

Item Part No. Qty Description Notes
1 EN8003A37L2B 1 DUCT, UPPER PANEL INTAKE
2 MK1020A00 1 INSULATION, ACOUSTIC
3 EN2001A136W6B 1 PANEL, UPPER PANEL
4 EN3003A134W6B 1 DOOR, VENTED - INTERNAL DUCT, LEFT
5 HB2402A29 1 HANDLE, RECESS - LOCK, KEYED
6 RM1093A03 2 BUMPER, DOOR - RUBBER
7 HW2409A20 2 HINGE, DOOR, SS
8 EN3003A135 1 GUARD, PAD LATCH
9 MK1011A107 1 FOAM, POLYDAMP
10 ENB8003A32L2B 1 DUCT, DOOR INTAKE
11 36003 1 WEATHERSTRIP, .83 X .76

A0000071709 B MGG280N2 Parts Manual 17



ENCLOSURE DOOR ASSEMBLY

/7

02737
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ENCLOSURE DOOR ASSEMBLY

Item Part No. Qty Description Notes

1 36003 1 WEATHERSTRIP, .830 X .760

2 EN3023A04 1 DOOR, INNER SOLID 30.0 X 48.0

3 MK1020A00 2 INSULATION, ACOUSTIC

4 MK1021A00 1 BARRIER, BARIUM-SULFATE, 1 LB
5 HW2409A29 2 HINGE, DOOR - WELDNUT, SS

6 EN3021A04W6B 1 DOOR, OUTER SOLID 30.0 X 48.0
7 RM1093A03 2 BUMPER, DOOR - RUBBER

8 HB2402A29 1 HANDLE, RECESS LOCK, SS

9 HB6058A16 1 GUARD, PAD LATCH

A0000071709 B MGG280N2 Parts Manual 19



RIGHT DOOR ASSEMBLY
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RIGHT DOOR ASSEMBLY

Item Part No. Qty Description Notes

1 36003 1 WEATHERSTRIP, .830 X .760

2 EN3023A05 1 DOOR, INNER SOLID 30.0 X 48.0

3 MK1020A00 2 INSULATION, ACOUSTIC

4 MK1021A00 1 BARRIER, BARIUM-SULFATE, 1 LB
5 HW2409A29 2 HINGE, DOOR - WELDNUT, SS

6 EN3021A05W6B 1 DOOR, OUTER SOLID 30.0 X 48.0
7 RM1093A03 2 BUMPER, DOOR - RUBBER

8 HB2402A29 1 HANDLE, RECESS LOCK, SS

9 HB6058A16 1 GUARD, PAD LATCH

A0000071709 B MGG280N2 Parts Manual 21



RIGHT CENTER DOOR ASSEMBLY
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RIGHT CENTER DOOR ASSEMBLY

Item Part No. Qty Description Notes
1 36003 WEATHERSTRIP, .830 X .760

1
2 ENB8O003A32L2B 1 DUCT, DOOR INTAKE
3 MK1011A107 1 FOAM, POLYDAMP - 19.0 X 30.0
4 EN3003A136W6B 1 DOOR, OUTER SOLID 36.0 X 48.0 - RIGHT
5 HW2409A29 2 HINGE, DOOR - WELDNUT, SS
6 RM1093A03 2 BUMPER, DOOR - RUBBER
7 HB2402A29 1 HANDLE, RECESS LOCK, SS
8 EN3003A135 1 GUARD, PAD LATCH

A0000071709 B MGG280N2 Parts Manual 23



CONTROL DOOR ASSEMBLY
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CONTROL DOOR ASSEMBLY

Item

o0 ~NoaAWN =

12
13

Part No.
36003
HW7101A12
HB6058A16
EN3023A06
EN3003A24
HB6058A16
HB2402A29
MK1019A03
RM1093A03
EN3021A03W6B
HW2409A29
APO001A01
MK1019A02

Description

WEATHERSTRIP, .83 X .76
RIVET, .188 X .250 TO .500 GRIP
HOLDER, MANUAL

DOOR, INNER

TRIM, WINDOW, L-SHAPED
GUARD, PAD LATCH

HANDLE, RECESS - LOCK, KEYED
GASKET, LOCKING

BUMPER, DOOR - RUBBER
DOOR, OUTER

HINGE, DOOR, SS

WINDOW

GASKET, LOCKING

Notes

A0000071709 B

MGG280N2 Parts Manual
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ROOF ASSEMBLY
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ROOF ASSEMBLY

Item Part No. Qty Description Notes
1 EN4004A18W6B PANEL, ROOF END DIS 59.50 X 72.00

1
2 EN4004A19W6B 1 PANEL, ROOF END W/ RAD ACCESS 36.50 X 72.00
3 50781 1 PLUG, ROOF HOLE 6.00 DIA
4 EN4004A17W6B 1 PANEL. ROOF 49.50 X 72.00
5 EN4004A16W6B 1 PANEL, ROOF END 52.50 X 72.00

A0000071709 B MGG280N2 Parts Manual 27



POWER PANEL DOOR ASSEMBLY

02741
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POWER PANEL DOOR ASSEMBLY

Item Part No. Qty Description Notes

1 MK1010A13 1 WEATHERSTRIP, .830 X .760

2 EN3023A01 1 DOOR, INNER SOLID 36.0 X 42.0

3 HW2409A29 2 HINGE, DOOR - WELDNUT, SS

4 MK1020A00 2 INSULATION, ACOUSTIC

5 MK1021A00 1 BARRIER, BARIUM-SULFATE, 1 LB
6 EN3021A01W6B 1 DOOR, OUTER SOLID 36.0 X 42

7 RM1093A03 2 BUMPER, DOOR - RUBBER

8 HB2402A29 1 HANDLE, RECESS LOCK, SS

9 HB6058A16 1 GUARD, PAD LATCH

A0000071709 B MGG280N2 Parts Manual 29



FRONT PANEL AND CORNER ASSEMBLY
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FRONT PANEL AND CORNER ASSEMBLY

Item Part No.

1 EN7020A153W6B
2 EN7020A151wW6B
3 EN7020A152wW6B
4 Page 32

5 Page 36

6 Page 38

7 Page 34

8 EN8507G26

9 Page 40

Qty

SN AN 2N A A A

Description Notes

PANEL, RADIATOR TOP - W/EXHAUST
PANEL, RADIATOR - RIGHT

PANEL, RADIATOR - LEFT

ASSEMBLY, LEFT AND RIGHT PANELS
ASSEMBLY, FRONT LEFT PANEL
ASSEMBLY, FRONT CORNER
ASSEMBLY, FRONT CENTER PANEL
PANEL, DIS - LOWER

ASSEMBLY, FRONT RISER PANEL

A0000071709 B
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LEFT AND RIGHT PANEL ASSEMBLY
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LEFT AND RIGHT PANEL ASSEMBLY

Item Part No. Qty Description Notes
1 EN8550A49 PANEL, PERF 18.0 X 72.0

1
2 MK1020A00 2 INSULATION, ACOUSTIC
3 MK1021A00 1 BARRIER, BARIUM - SULFATE, 1 LB
4 EN1000A60W6B 1 PANEL, SOLID 21.0 X 72.0

A0000071709 B MGG280N2 Parts Manual 33



FRONT CENTER PANEL ASSEMBLY
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FRONT CENTER PANEL ASSEMBLY

Item Part No. Qty Description Notes
1 EN8550A14 1 PANEL, PERF 42.0 X 72.0
2 MK1020A00 2 INSULATION, ACOUSTIC
3 MK1021A00 1 BARRIER, BARIUM - SULFATE, 1 LB
4  EN1000A80W6B 1 PANEL, SOLID 42.0 X 72.0

A0000071709 B MGG280N2 Parts Manual 35



FRONT LEFT PANEL ASSEMBLY

02743

36 MGG280N2 Parts Manual

A0000071709 B



FRONT LEFT PANEL ASSEMBLY

Item Part No. Qty Description Notes
1 EN8550A14 PANEL, PERF 30X72

1
2 MK1020A00 2 INSULATION - ACOUSTIC
3 MK1021A00 1 BARRIER, BARIUM - SULFATE, 1 LB
4 EN1000A80W6B 1 PANEL, SOLID - 42.0 X72.0

A0000071709 B MGG280N2 Parts Manual 37



FRONT CORNER PANEL ASSEMBLY
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FRONT CORNER PANEL ASSEMBLY

Item Part No. Qty Description Notes

1 EN9001A02W6B 1 PANEL, CORNER 9.0 X 15.0 X 72.0

2 MK1020A00 4 INSULATION - ACOUSTIC

3 MK1021A00 2 BARRIER, BARIUM - SULFATE, 1 LB

4 EN8550A29 1 PANEL, PERF CORNER 9.0 X 15.0 X 72.0

A0000071709 B MGG280N2 Parts Manual 39



FRONT RISER PANEL ASSEMBLY
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FRONT RISER PANEL ASSEMBLY

Item Part No. Qty Description Notes
1 EHO0593A10W6B 1 PANEL, FRONT RISER 24.0 X 42.0
2 MK1020A00 2 INSULATION, ACOUSTIC
3 MK1021A00 1 BARRIER, BARIUM. - SULFATE, 1 LB
4 EN8550A11 1 PANEL, PERF FRONT RISER

A0000071709 B MGG280N2 Parts Manual 41



REAR CORNER AND UPPER PANEL ASSEMBLY
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REAR CORNER AND UPPER PANEL ASSEMBLY

Item Part No. Qty Description Notes
1 EN3003A46 1 DRIP LEDGE

2 EN2001S18 1 PANEL, RISER

3 MK1011A107 1 FOAM, POLYDAMP

4 EN8003A220L2B 1 DUCT, INTAKE RISER W/ DRIP LEDGE

5 HB6037A10L2B 1 BRACKET, E-STOP

6 GZ061129F 1 SWITCH, E-STOP

7 1 PANEL, CORNER VENTED W/E STOP - RIGHT

8 1 PANEL, CORNER VENTED - LEFT

EN9002A28W6B
EN9002A13W6B

A0000071709 B MGG280N2 Parts Manual 43



CONTROL AND POWER BOXES TO UNIT

,,,,,,

02747

A0000071709 B

MGG280N2 Parts Manual

44



CONTROL AND POWER BOXES TO UNIT

Item Part No. Qty Description Notes
1 page 48 1 ASSEMBLY, CONTROL BOX
2 page 54 1 ASSEMBLY, POWER BOX
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CONTROL BOX ASSEMBLY

Item Part No. Qty Description Notes
1 ENB8036S187L2B 1 DUCT, INTAKE - LH
2 A0002459970 1 ST03 COVER,MLCBBOX,TS,36.3WX15.4D
3 WD4556A22 1 WIRE WAY, 6.00 FLEX
4  EH0575J86L2B 2 BRACKET, MOUNTING WIRE WAY,
5 A0002459966 1 ST03 PNL,REAR,MLCBBOX,LDL(MTRZD)
6 EN8036S186L2B 1 DUCT, INTAKE - RH
7 A0002459968 1 STO03 PARTITION,MLCBBOX,TS,42HX9.3D
8 ENB8036A150L2B 1 PANEL, CONTROL INTERFACE
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CONTROL PANEL ASSEMBLY

Item Part No.
LD6205B54
2 WD5053A02
3 WD5051A19
4 A0002197867
5 A0002459973
6

7

8

9

—_

35441
35424
50816
EN8035A137L2B
10 LB0094F78
11 SP9158
12 DI0180A25
13 36015
14 FUO064A00
15 LB0094HO01
16 EN8036A158L2B
17 50812
18 35451
19 WD5051A18
20 RM1092A17
21 Page 50
22 LB0300A23
23 EN8503A55
24 SP9093

Qty

JEE I (L UK U (UL U U N RS N U | NG I N |\ RS N UL R UL U . NGSIE WL (U UL G

Description

UMBILICAL, CAN BUS

PLUG, STRAIN RELIEF

WASHER, LOCK HDP20 SERIES PLUG
BREAKER, 400A, 3 POLE - 600V
ST03 BOX,MLCB,DOOR,BRKR,TS,LDL
HINGE, DETENT - NYLON
CONTROLLER, IGNITION

SWITCH, TOGGLE 1PST, 2 POSITION
PANEL, CONTROL BOX

LABEL, LOWER CONTROL

SHAFT LOCK, POTENTIOMETER
LAMP, LED MINIATURE
POTENTIOMETER, 1K, 2 WATT

FUSE HOLDER, BUSSMAN HKP-HH
LABEL, CONTROL PANEL - UPPER
DOOR, CONTROL PANEL

FUSE, 5A - 250V

BREAKER, DC 15A

NUT, PANEL HDP20 SERIES
GROMMET, 1.50 - RUBBER
ASSEMBLY, SUB-PANEL

DECAL, FUEL SELECT

BRACKET, SWITCH MOUNT

SWITCH, TOGGLE, ON-OFF-ON, AC - 20A

Notes

A0000071709 B

MGG280N2 Parts Manual

49



SUB-PANEL ASSEMBLY
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SUB-PANEL ASSEMBLY

Item Part No. Qty Description Notes
1 EH0529B18L2C 1 PANEL, SUB - CONTROL BOX
2 WD2257A01 4.25f DUCT, WIRE
3 TBO068A03 1 TERMINAL, BLOCK - 14 POSITION, 600V, 20A,
4 TB0226A27 1 TERMINAL, STRIP - 30 POSITION, 300V
5 TB0226A09 1 TERMINAL, STRIP - 16 POSITION, 300V
6 TB0226A10 2 JUMPER, TERMINAL STRIP
7 TB0178A00 1 RAIL, DIN
8 39774 1 TRANSFORMER, AVRI MODULE
9 EMO0046A26 1 INTERFACE, AVR
10 35455 5 RELAY, 10A/24V, DC
11 38966 5 RELAY, BASE - 10A, 1P
38967 5 BAIL, RELAY BASE INCLW ITEM 11
12 FUO066A04 1 FUSE, BUSS - ABC 10
13 FUO0082A00 1 FUSE BLOCK, DC - 1 POLE
14 WD2257A01 425ft COVER, WIRE DUCT
- 10000045752 1 HARNESS, INTERFACE NG
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POWER PANEL ASSEMBLY

Item Part No. Qty Description Notes
1 ENB8036A161L2B 1 COVER, BUS BAR
2 ENB8036A193L2B 1 LID, POWER PANEL - TOP
3 Page 54 1 ASSEMBLY, POWER PANEL AND LUGS
4 ENB036A175L2B 1 BOX, BUS BAR - POWER PANEL
5 35430 1 SWITCH, LIMIT - E13-00J
6 WD2503B80 1 PANEL, GLASTIC
7 ENB8036A176L2B 1 DOOR, BUS BAR BOX
8 35441 2 HINGE, DETENT - NYLON, BLACK
9 EN8036A195L2B 1 LID, POWER PANEL - BOTTOM
10 ENB8036A185L2B 1 GUARD, POWER PANEL - BUS BAR
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POWER PANEL AND LUG ASSEMBLY

Item Part No. Qty Description Notes
1 WD1541A52 2 RECEPTACLE, GFCI - 125V/20A
2 CKO0077A01 2 BREAKER, 20A - MAGNETIC SINGLE POLE
3 EN8036A196L2B 1 BOX, POWER PANEL
4 TB0226A26 1 TERMINAL, STRIP - 9 POSITION, 300V
5 EN8035G162 1 PLATE, BUS BAR MOUNTING
6 WD2503A135 1 JUMPER, BUS BAR
7 WD2503B79 5 BUS BAR, BENT
8 ENB8036A197L2B 1 BRACKET, STIFFENER
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AIR FILTER ASSEMBLY

Item
1

O©oo~NOoOOPR~,WNDN

Part No.
39125
EAO0015A57
HW3512A55
HW6102A18
EA0005B75
HW6102A15
Al0O001A04
EA0005B76
38806
HW9915A92
AI0O001A05
EA0015A61L2B
10000007601

Description

FILTER, AIR, TWO-STAGE

CAP, RAIN

BAND, AIR FILTER

CLAMP, HOSE #80, 3.50 - 5.50
REDUCER, HUMP 4.50 TO 4.00

CLAMP, HOSE #64, 3.56 - 4.50

TUBE, AIR FILTER - LEFT

ELBOW, 4.00 ID, 90 DEGREE - RUBBER
TUBE, AIR CLEANER 4.00 OD W/FLANGE
GASKET, AIR FILTER

TUBE, AIR FILTER - RIGHT

BRACKET, AIR FILTER - DUAL STAGE
ELEMENT, AIR FILTER

Notes
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EXHAUST SYSTEM ASSEMBLY
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EXHAUST SYSTEM ASSEMBLY

Item
1

2
3
4
5
6
7
8
9

10
11
12
13
14
15
16
17

Part No.
ET1000A55G1C
ET1000A150G1C
35513
ETO001A60
ET1000A54G1C
HW3514A13
HW2235A20
HW3514A08
HW2235A22
HW3514A12
ETO005A29
36002
35627
ETO000A108G1C
ETO000A109G1C
10000005536
ET1000A88L2B

Qty

NDN-=2EENBEDNDNDNNDDNNODNMNNDNN-ADN

Description

BRACKET, SILENCER - INTERNAL
BRACKET, SILENCER - INTERNAL, REAR
CAP, RAIN 4.50

SILENCER, CRT 4.50

BRACKET, SILENCER - INTERNAL, MAIN
CLAMP, GUILLOTINE 4.50

REDUCER, 4.50 OD - 4.00 ID

CLAMP, GUILLOTINE 4.00

REDUCER, 4.00 OD - 3.50 ID

CLAMP, GUILLOTINE 3.50

PIPE, EXHAUST - 3.50 OD

GASKET, CATALYST

CATALYST

WELDMENT, EXHAUST - LEFT
WELDMENT, EXHAUST - RIGHT
BRACKET, UPPER CATALYST

BRACKET, LOWER EXHAUST - CATALYST

Notes
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COOLING SYSTEM ASSEMBLY

Item
1

NOoO O WN

o

9

10
11
12
13
14
15
16
17
18

Note: Engine/Radiator parts used in all Generac Mobile Products, LLC equipment carry the Original Equipment

Part No.
EAO009E40
EAO009E40
EAO009E40
EAO009E40
EAO009E40
EAO009E40
EAO009E40

EAOQ09E40
EAO09E40
EAOQ09E40
EAO09E40
EAO09E40
HW6102A00
EAO09E40
EAO09E40
EAO09E40
EAO09E40
EAO09E40

Qty

N = DO

JEE L L U U U | NG T G NG Qi G

Description

RADIATOR, CAC 14.6L - UPPER
RADIATOR, CAC 14.6L - LOWER

HOSE, AIR BLEED - RH

CLAMP, SPRING .250ID

FITTING, .375NPT X .250 BARB - BRASS
HOSE, AIR BLEED - LH

FITTING, 90 DEGREE .375NPT X .250 BARB -
BRASS

CAP, RADIATOR 14.6L

HOSE, AIR BLEED - RH

RADIATOR

CLAMP, HOSE 3.50

HOSE, UPPER RADIATOR

CLAMP, HOSE #10 (.562-1.062)

HOSE,

HOSE, LOWER RADIATOR

GUARD, RADIATOR

GUARD, FAN

HOSE, AIR BLEED - LH

Notes

Contact mfg.
Contact mfg.
Contact mfg.
Contact mfg.
Contact mfg.
Contact mfg.
Contact mfg.

Contact mfg.
Contact mfg.
Contact mfg.
Contact mfg.
Contact mfg.

Contact mfg.
Contact mfg.
Contact mfg.
Contact mfg.
Contact mfg.

Manufacturer (OEM) warranty unless otherwise stated. OEM warranty parts must be purchased through an OEM
dealer. Please contact Generac Mobile Products, LLC with questions
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COOLING SYSTEM HOSES

Item Part No. Qty Description Notes

1 EAO009E10 1 RADIATOR, 14.6L Contact mfg
2 HB7111A00 6 PLATE, CHARGE AIR TIE DOWN

3 HWG6102A52 12 CLAMP, T-BOLT Contact mfg
4 EAO009E10 6 COUPLING, HOSE 14.6L Contact mfg
5 EAO009E10 1 PIPING, CAC -5 Contact mfg
6 EAO009E10 4 CLAMP, HOSE 3.00 IN Contact mfg
7 EAOOO09E10 2 COUPLING, HOSE 14.6L Contact mfg
8 EAOOO09E10 1 PIPING, CAC -4 Contact mfg
9 EAOO009E10 2 O-RING, FERRULE Contact mfg
10 EAO009E10 2 ADAPTER, FERRULE HOSE Contact mfg
11 EAO009E10 2 CLAMP, FERRULE Contact mfg
12 EAO009E10 4 CLAMP, HOSE 3.50 IN Contact mfg
13 EAOO09E10 2 HOSE, 90 DEGREE COUPLING Contact mfg
14 EAOO09E10 1 PIPING, CAC -3 Contact mfg
15 EAOO09E10 2 SENSOR, T-MAP Contact mfg
16 EAOOQ9E10 1 PIPING, CAC -6 Contact mfg
17 EAO009E10 1 TUBE, CROSSOVER Contact mfg
18 EAO009E10 1 PIPING, CAC - 1 Contact mfg
19 EAOOO09E10 1 PIPING CAC -2 Contact mfg

Note: Engine parts used in all Generac Mobile Products, LLC equipment carry the Original Equipment Manufacturer
(OEM) warranty unless otherwise stated. OEM warranty parts must be purchased through an OEM dealer. Please
contact Generac Mobile Products, LLC with questions
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FUEL SYSTEM ASSEMBLY

Item Part No. Qty Description Notes

1 EAO0012A11 1 FUEL LINE, 2.00 ID LP/NATURAL GAS

2 HWG6102A51 8 CLAMP, T-BOLT 2.63 - 2.94

3 HW4046H39 3 FITTING, #32FMJIC X 2.00 BARB

4 HW4046H37 4 FITTING, #32MJIC X 2.00MP ADAPTER

5 HWA4046H21YZ 2 FITTING, 2.00NPT TEE

6 EA0012A11 5.0 FUEL LINE, 2.00 ID LP/NATURAL GAS

7 HW4046H93 1 FITTING, 2.00NPT X 2.00 NIPPLE

8 HW4046G65 3 FITTING, 2.00NPT 90 DEGREE - BLACK

9 HW4046E39 2 FITTING, 2.00NPT X 2.00 NIPPLE - BLACK

10 HW4046A90 1 FITTING .250NPT 90 DEGREE ELBOW - BRASS

11 10000005040 1 GAUGE, PRESSURE 2.50

12 HW4046A52 4 FITTING, 2.00 CLOSED NIPPLE - BLACK

13 10000005015 1 GAUGE, PRESSURE 4.50/30”

14 EAO0110A04 1 VALVE, NEEDLE

15 HW4046H91 1 FITTING, 2.00NPT X .250NPT HEX BUSHING

16 38901 1 REGULATOR, GAS

17 HB6036A36L2B 1 BRACKET, GAS TRAIN - DUAL FUEL

18 10000004142 1 FITTING, .250NPT 45 DEGREE ELBOW - BRASS

19 HW3514A24 2 CLAMP, GUILLOTINE SINGLE SADDLE 2.50

20 HW4046B93 1 FITTING, 1.00 SQUARE HEAD PLUG

21 EA0041A01 1 STRAINER, FUEL 2.00NPT

22 HW4046E74 1 FITTING, 2.00 45 DEGREE ELBOW

23 HW4046D24 1 VALVE, 2.00 BALL

24 HB4005A10 1 ASSEMBLY, FUEL LINE 2.00 ID - 350 PSI

25 HWA4046H20YZ 2 FITTING, 2.00NPT X 1.250NPT BUSHING - STEEL

26 HWA4046H13YZ 2 FITTING , 1.250NPT CLOSED NIPPLE

27 HW4046G77 1 FITTING, 1.250 90 DEGREE STREET ELBOW
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VAPORIZER ASSEMBLY

Item Part No. Qty Description Notes
1 HW4046E100 2 FITTING, NIPPLE .250NPT X CLOSE - BRASS
2 HW9915A69 2 LOCK-OFF, LP LIQUID 24V
3 HW9915A71 2 FITTING, 90 DEGREE .250 MPT - ZINC
4 HW4046F19 2 FITTING, BUSHING .250 X .375
5 HW9915A70 1 FITTING, TEE .250FNPT X .250FNPT X .250FNPT
6 HW4046A54 2 FITTING, .375NPT X .125NPT - BRASS
7 HWO9915A78 2 DRAIN COCK, .125NPT
8 HWO9915A75 2 FITTING, TEE .375MPT X .375FPT X .375FPT -
BRASS

9 HWO9915A72 4 FITTING, .625 HOSE .375MPT

10 HW9915A77 12 CLAMP, HOSE .875 SPRING

11 69710 4 HOSE, HEATER .625 ID - 60PSO

12 HW9915A73 2 FITTING, HOSE .625 BARB

13 EAS5053A79 1 HOSE, .625 ID

14 HW4046G94 2 FITTING, JIC 1.250 X 1.250NPT

15 HWA4046G77 2 FITTING, ELBOW 90 DEGREE 1.250NPT

16 69725 2 FITTING, ADAPTER 1.25NPT

17  HW4046H26YZ 2 FITTING, CROSS 1.25NPT

18 HW4046H27YZ 2 FITTING, PLUG 1.25NPT SQ HEAD

19 HW9915A74 1 FITTING, REDUCER .375 TO .625 BARB

20 HW4046G64 2 FITTING, COUPLING 1.25 TAPPED

21 32502022 1 HOSE, VAPORIZER

22 HW9915A81 2 FITTING, ADAPTER 1.25 TO VAPORIZER

23 32501755 8 O-RING

24 HW9915A80 2 VAPORIZER ECI LPG TWO STAGE

25 HW9915A79 4 MOUNT, VIBRATION

26 35000532 4 SCREW, HD W/WASHER

27 HW9915A76 1 FITTING, STRAIGHT .625MNPT X .625 BARB,
BRASS

28 WD4558A05 1 ADAPTER,

29 69710 1 HOSE, HEATER .625 ID - 60 PSO

30 32502022 1 HOSE, VAPORIZER
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OIL TANK ASSEMBLY

Item Part No. Qty
1 EA0020A04 1
2 38934 1
3 HB6152A05 1
4 85XU0025A12 2
5 HB6036A35L2B 1
6 HW4046A105 4
7 HW6102A00 6
8 HBG6036A31 1
9 36011 1.5 ft
10 HW4046C61 3
11 HW4046C10 4
12 HW4046C72 1
13 HW4046A36 1
14 HW6102B39 2
15 36012 2 ft
16 31315 1
17 HW4046A09 1
18 HW6102A03
19 EA0012A18 5 ft
20 HW4046A104 1
21 HW4046B15 1
22 RM1099A06 2
23 36011 11.08 ft

Description

CAP, OIL - FILL/VENT, 2.0

OIL TANK, 16 GALLON

GAUGE, LIQUID LEVEL - 10.0

U-BOLT, .250 X .750 PIPE

BRACKET, OIL LEVEL CONTROLLER
FITTING, .500NPT X .500 BARB, BRASS
CLAMP, HOSE .562 - 1.062

BRACKET, OIL LEVEL GAUGE

HOSE, .500, SAE100R6

VALVE, BALL - T-HANDLE, .500NPT
FITTING NIPPLE - .500NPT

FITTING, T - .500NPT

FITTING, .500MNPT X .625 BARB, BRASS
CLAMP, MED DUTY - 1.0

HOSE, .625 SAE100R6

CONTROLLER, OIL LEVEL

FITTING, 90°- .250NPT X .375 BARB, BRASS
CLAMP, HOSE - SAE008 (.437 - 1.0)
HOSE, .375

FITTING, .500NPT X .375 BARB, BRASS
FITTING, M18 X 1.5M - .500NPT
GROMMET, .880 ID X .190 GW X 1.25 GD
HOSE, .500, SAE100R6

Notes
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ENGINE AND GENERATOR ASSEMBLY

Item
1

2
3
4

(&)

6
7
8
9
10

11
12

Part No.
35434
HW4046C15
HW4046A43
HW4046A90

HW4046A85

HW4046A48
HW4046C98
53715
39208

EN6000S41L2B
HB6072A44L2C
EH0645A04L2C

Qty

[ G U W §

1
1
1
1
1
1
2

Description Notes
SWITCH, GAS PRESSURE

FITTING, .250NPT CLOSE NIPPLE - BRASS
FITTING, .250NPT COUPLER - BRASS

FITTING, .250NPT 90 DEGREE STREET ELBOW -
BRASS

FITTING, .250NPT 45 DEGREE STREET ELBOW -
BRASS

FITTING, .250NPT X .125NPT BUSHING - BRASS
FITTING, .125NPT X 2.00 NIPPLE - BP

ENGINE, D146TIC

GENERATOR, HCI434C

RAIN SHIELD, ALTERNATOR 17.00

MOUNT, GENERATOR

MOUNT, ENGINE

Note: Engine parts used in all Generac Mobile Products, LLC equipment carry the Original Equipment Manufacturer
(OEM) warranty unless otherwise stated. OEM warranty parts must be purchased through an OEM dealer. Please
contact Generac Mobile Products, LLC with questions
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TRAILER AND SKID ASSEMBLY

Item Part No.
1 MTG092

2 HB6057A05L2C

3 38934

4 BAO0380A42L2B

5 TBO004A47

6 38921

7 38918

8 HA3608A00

9 HB7016A35L2B

10 HW1000A39

1 HW1001A39

12 10XN3816K16

Qty

K;_\_h[\)_\_\_\_\_\_\

12
12

Description

TRAILER, MGG280N2

WELDMENT, DRIP PAN 108 GALLON
OIL TANK, 16 GALLON

WELDMENT, SKID

LUG, GROUND - 1/0-14 AWG
SWITCH, BATTERY DISCONNECT
BRACKET, BATTERY TIE DOWN W/CUTOUTS
BOLT, J HOLD DOWN

RACK, BATTERY-DUAL

WASHER, .375 FLAT - SS

WASHER, .375 SPLIT LOCK
SCREW, .375-16 X 1.00 HEX, G5

Notes
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RECOMMENDED SPARE PARTS - ENGINE AND SERVICE KITS

ENGINE
1. ALTERNATOR, ENGINE ..o 35702
2.BELT, FAN Lo 36082
B CATALY ST .ttt 35627
4 ELEMENT, AIR FILTER ... 10000007601
5. ENGINE FAN ... 69779
6. O2 SENSOR......ctiiiietie ettt 35616
7. FILTER ASSEMBLY, AIR ... 39125
8. FILTER, OlL ... s 36043
Q. FILTER, LP e 31318
10. HOSE, RADIATOR - LOWER ... 69761
11. HOSE, RADIATOR - UPPER ... CALL
12. SENSOR, LOW COOLANT ...ttt e SP5500A05
13. SENSOR, OIL PRESSURE ........ooiiiiiiei e 35434
14. IGNITION COIL W/BOOT ..ot 36079
15. SWITCH, PRESSURE.......ccooiiiiitiiiie et 35434
16. STARTER .. e e 36056

SERVICE KITS
17. 500 HOUR KIT ..o e 36070

18. 2000 HOUR KIT ...ttt 36071
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RECOMMENDED SPARE PARTS - ELECTRICAL AND TRAILER

ELECTRICAL
1. BREAKER, DC, 15A ... e e 35451
2. BREAKER 20 AMP ..o e CKO0077A01
3. BREAKER, 400A, 3P, 600V .......cocoiiiiii e A0002197867
4. CONTROLLER, PROGRAMMED ......cocoiiiiiiiiiie e CALL
5. FUSE, 10 AMP-.......e s FUOOG66A04
6. FUSE, SAMP ... .o 50812
7. RECEPTACLE, 125V/20A GFl ... WD1541A52
8. REGULATOR, VOLTAGE ..ot 39645
9.SWITCH, E-STOP ASSEMBLY .....ooiiiiiiiiiiieiie e GZ061129F

TRAILER

10. CHAIN, SAFETY ...ttt 20159

11. JACK, SIDE WIND (REARY) ... 41133

12. JACK, TOP WIND (TONGUE) .......coiiiiiiiiiie e 24084B

Note: To order replacement controller, contact Generac Mobile Products with unit serial number.
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